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QPivot Type FJLM
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E To use the proper load, direct them to the 
 direction when the thread needs to be 

inclined. 

MMaterial SSurface Treatment
Thread S45C Trivalent Chromate

Pad Nylon -

Leveling Mounts
Pivot Type

Leveling Mount
Plastic Type

QPlastic Type

ETiltable in all 360° directions.

Pad Bottom
Pad Bottom

M Material S Surface Treatment

Thread, Nut SS400 Zinc Plating

Pad Nylon -
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C-AJPJ

Specifi cation Type Price Difference

Plastic Type Similar Products :  AJPD
P.1115 Compared to 

Similar Products 
Max. 50% OFFC-VALUE Products :  C-AJPJ

P.1118

Q Price Comparison
Economical compared to similar products.

Similar Product Comparison Point Not RoHS Compliant. Allowable Vertical Load differs from that of similar products. (For details, see P.1115)

Part Number
L l1 B

Allowable 
Vertical 

Load
(kN)

Mass
(g) Unit Price

Type M-A

C-AJPJ

10-68 96
9.5 16 1.2

80

10-98 126 96

12-68 96

12.2

18 1.5
101

12-98 126 122

16-108 136
24 3.0 

137

16-148 176 158

EKgf (Load) = Nx0.101972

Similar Products Page DP.1115

Part Number

FJLM10-100

Part Number
L l1 l2 B

Allowable 
Vertical 

Load
(kN)

Mass
(g) Unit Price

Type M-A

FJLM

10-70 100
8 8 17 0.21

21

10-100 130 23

12-60 92

10 10 19 0.14

39

12-70 102 41

12-100 132 44

16-80 115

13 13 24 0.32

63

16-100 135 67

16-130 165 75

Part Number - A

C-AJPJ16 - 148


