H-1177

Round Bar Pull Handles - Threaded, Stainless Steel / Aluminum Oval Pull Handles

SNEEGIREEEE 2= P1182, 1193

Aluminum Oval Pull Handles - Outside Mount, Cast Hinges

SNTEEGIEEENEE 2= P1186, 1202

HRound Bar Pull Handle - Threaded

Type [MMaterial _I_Eresal;rr‘:‘:(;ﬁ
C-UWANM SPCC Chrome Plating

I Aluminum Oval Pull Handles - Outside Mount
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Type [@MMaterial o aTAaRt
@®C-UADL Auminum All Tumble Polish (Silver)
@C-UADR v Electrostatic Paint (Black)
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(® Two nuts are included.
Part Number
L M(aTS Unit Price
Type D 9
75 60
C-UWANM (Steel) 8
100 70
7 Ordering ‘Part Number| - | L ‘
Example c_ywANMS - 100
JAlumi Oval Pull Handl
. uminum Oval Pu andles T MMaterial -E;sa‘{:‘i::ﬁ
C-UABL Al Baked Paint (Silver)
C-UABR oy Baked Paint (Black)
C-UABL N
A 16
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L
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Part Number Mass Unit Price
L Lf H h
Type L ! (@) C-UABL C-UABR
C-UABL 100 108 40
@fﬂ'ﬁg’s”"e” 125 133 10 38 30 45
(Aluminum, Black) 150 158 55

@ Ordering |Part Number

Example C-UABL125
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Part Number L H h Mass Unit Price
1
Type L (9) C-UADL C-UADR
) 114 129 142
C-UADL (Silver) 55 38
C-UADR (Black]
( ) 152 167 181
£ Ordering |Part Number
Example C.UADR152
lCast Hinges V] 7 Bsurface
Hinge Plate Shaft Hinge Plate Shaft
(DC-HHSZD Baked Paint (Silver) " "
@ (@C-HHSZB ac sece Baked Paint (B:::Kr) Nickel Plating
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Part Number N M Unit Price
w K P J s T c (afs
Type L Through |Countersink 9 C-HHSZD C-HHSZB
20 | 40 | 75 | 25 [ 75 | 25 5 9 53 10.2 45
g::g%g 50 [ 50 | 10 [ 30 | 10 [ 3 | 6 |15 ] 63 124 90
B 60 | 60 12 36 12 36 8 15 8.4 16.5 165
'Ordering Part Number
Example  C-HHSZD50

Note that, for some of the types shown here, order might be unable to be received by the MISUMI Indonesia
offices.

H-1178



