1671

Printed in Red

One-Touch Couplings

* Al prices are in S§ and subjected to change without prior notice

(@ With the switch to RoHS-compliant products, the Low Cost Type and the Standard Type of the One-Touch Coupling of the conventional specification have been transferred to our website. (URL http://fa.misumi jp/hp-item.jsp)
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WReducers

(D PBT (Polybutylene Terephthalate)

MJCNL  Thread: C3604 (Brass) Part Number | _ | Body W/ Flats| Thread Size Mass | MJCNL Unit Price | MJCNLS Unit Price
MIGNLS Tead-sisos _Twpe [ D™ Color| A [TH | M | tshmeun | (g) [aty.1-9lon.10-5f0n. 1-90
M5 ] M5X0. 33
|3:2[ 57 BBlack) 0 RiE—| 27
M5 M50, z
a4 [1] o R1/8_| 4 q
2] 14 Ri/4 [
M5 W50, 44 I
- [ 2 R i
> | 14 R1/: 103 E
17 R/ £
MJCNL ] o R/ 175 X
8 [ 2 | B@lack R4 ), I
S R/ - 2] 5
A MJCNL | wwnite) @ R1/¢ 7.5 6 .
10 2] RI/4_| 22 X
3] RIB | 400 26 X
[@DRing: PBT (Polybutylene Terephthalate) 22 R1/: . 49 X
Ri/: 37 E
MJCNC  Thread: C3604 (Brass) 123 19 R38 [, 32 5
22 R1/: 51 ¥ .
16 =5 24 E?;— o0 [SOLTE 'gg 1 = = =
M (® Bushing ring of MJCNLS is blue. ® MLCNL, MLCNLS has been changed. Orders acc_ep!able until April, 2009.
Part Number | | Body A c Width acoss flts | Thread Size Mass
Type D || Color H M (Urethane Tube) | (g)
4 | M5 | 215 98 2 M5x0.8 27 6
1 20.5 98 25 R1/8 4 8
V5] 23 | 118 2 | M08 | 44 7
611 | 23 11.8 4 R1/8 106 9
2 23 13.8 4 R1/4 3 15
| 1| 28 14 5 R1/8 204 15
[2 | Beack |27 1 6 R1/4 - 15
MJCNC 3 22. 17 6 R3/8 21
| 1| wwnite) |30, 175 5 R1/8 204 %
10 | 2 | 28.! 17.5 6 R1/4 26.3 21
| 3 | 28.! 175 8 R3/8 301 27 7.38 | 513
4 26.5 22 8 R1/2 301 46 915 | 6.42
| 2 | 34 19.5 6 R1/4 26.3 33 882 | 6.26
12| 3| 295 19.5 8 R3/8 379 28 898 | 6.26
4 285 22 8 R1/2 379 47 995 | 6.90
(®MLCNC has been changed. Orders acceptable until April, 2009.
Part Number | [ Body i
Type | D |"™[Color| A 2 H M| (Urethane Tube
A PR 255 11 12 Rcl/8 4
[@Thread: C3604 (Brass) 2 285 14 17 Re1/4
Ring: PBT (Polybutylene Terephthalate) | 1] 27 1 14 Rc1/8
62| 30 14 17| Reid | 103
UJSTL 3 31 15| 19 | Re3s
KN — 285 | 11 17| Rell8
82 ki 315 14 17 Roi/4 224
MJCNF =
3 | wiwnig | 225 |15 19 | Reas ;
| 2 | 345 14 19 Rc1/4 42 7.70 | 513
10[ 3] 35.5 15 19 Rc3/8 305 35 818 | 562
4 385 18 24 Re1/2 51 947 | 6.90
| 2 | 36 14 22 Rc1/4 57 834 | 578
123 | 37 15 22 Rc3/8 355 53 850 | 594
4 40 18 24 Re1/2 56 963 | 7.06
(®MLCNF has been changed. Orders acceptable until April, 2009.
Part Number Body A c Effective Sectional Area (mm?) |  Mass Unit Price
Type D | Color (Urethane Tube) (9)
UJDST 2 335 10 7 4 37| 321
6 Bk 365 125 10 6 .37 .21
8 ad 39.5 145 22 8 .85 | 369
UJSTL |55 \Wikhite) 5 175 30 13 .81 | 465
| I I' h 12 475 20 35 17 545 | 513
A ”I i + 16 58 265 90 38 [12.35 | 963
U H UNSTL has been changed. Orders acceptable until April, 2009.
‘ A Part Number Body A c D2 Effective Sectional Area (nm)| Mass | Unit Price
Type D1 | Color (Urethane Tube) (9) Qty. 10~49
4 Bk 36.5 125 6 35 6 7 4.65
5 | BB
UJDST 6 395 145 8 10 8 7. 4.81
[ PBT (Polybutylene Terephthalate) 8 |wiwhite) 45 17.5 10 22 12 8. 5.62
10 475 20 12 30 17 9. 594
UJRDS (@ UNDST has been changed. Orders acceptable until April, 2009.
Part Number D2 Body A c ) Effective Sectional Area (mm3)| Mass | Unit Price
Type D1 Color (Urethane Tube) (9)
. el 385 | 10 21 32 3
8 404 10 21 32 4
6 |8 B@ack [ 41 12. 22 96 4
UJRDS 10 42| 12! 205 5
R Wiwhite) |™"44.5 |14 23 » 6 i
12 44 14.! 21 7 738 | 48
10[12 48 17.5 25 30 9 850 | 545

(®UNRDS has been changed. Orders acceptable until April, 2009.

(® CAD Data Folder Name: Joints

* Al prices are in §$ and subjected to change without prior notice

i ——
EMale Elbows MJELL  Thread: C3604 (Brass) Part Number [ [ Body AlB|cC MJELL Unit Price | MJELLS
MJELLS Thread: SUS304 Type [D ?|Color = H N;B (Vetane Tte) (9; [Qty. 1~9[aty. 10-43[Qty.
A 3.2 BBk [458 177,51 85 [0 Rim| 2° [o4]
[5] 18 [ 15 [ 10 08| 3.2
-l 4 18520.5] 10 8
> | [ 1 0 ] 35
ol o [V5] 1 08|42
X 8
1 ¢ =] X ] 8
X R3/8
™ MJELL ] 235|255]14.5] 14 | Rifs
8 |2 | Black) [235 (285 [145] 14 [Ri/A| 18
H MJELLS [235] 30 [14.5] 17 | R
' | 1 |WWhite)[ 27 | 28 [17.5] 17 [Ri/8 [ 243
1 L] 10 2] 5 A7 [ Rild
5| 5| 17 [RaB| 27
@ (@ Body: PBT (Polybutylene Terephthalate) [ K 2 | R1/2
2| 2 0 [ 19 [Ri/4| 33
MLong Elbows MJELG  Thread: C3604 (Brass) 123 5120 [19 [RB| o ¢
37.5] 20 | 22 [Ri2 [ €
41 [265] 22 |R3B 1.
s a4 [265] 22 [miz] 0 KK = -
(@ Bushing ring of MJELLS is blue. ) The of MLELL, MLELLS have been changed. Orders acceptable until April, 2009.
Part Number \oncd] BOAY [ A B G |W/Fats Trezd Sze Efective Sectone Area ()| Mass Unit Price
3 Type | D Color H | M |(Urethane Tube)| ()
4 | 1| 185355 | 10 10 | R1/8 35 15 | 7.54 5.29
2 185] 39 | 10 14 | R1/4 ) 4 | 8 6.10
1 1 6 | 1] 21 | 40 |125| 12 | R1/8 8 6 | 7. 5.45
- 2 21 | 435 (125 | 14 | R1/4 4 | 8. 5.94
| 1| 235|445 |145| 14 | R1/8 9 | 8. 6.26
8| 2 | BBlack) | 23.5 | 47.5 | 145 | 14 R1/4 18 39 | 931 6.58
MJELG 3 (235 49 [145 [ 17 | A8 56 [1059 | 7.38
aa@ [2 |Wwhite| 27 | 56 [ 175 17 | Ri/A 69 [11.39 | 8.02
- 10| 3 | 27 | 575 (175 | 17 | R3/8 27 70 |11.87 8.34
ELnicnlElbows 4 27 [ 605|175 | 22 | Ri/2 109 [1348 | 9.47
| 2 | 295| 60 | 20 19 | R1/4 33 94 [13.00 9.15
12) 38 | 29.5 | 61.5 | 20 19 | R3/8 5 95 |13.16 9.15
4 295645 ] 20 22 | Ri2 ) 122 115.08 [10.59
@ The specification of MLELG has been changed. Orders acceptable until April, 2009.
Part Number | Body A c E ive Sectional Ar Y| Mass | Unit Price
____Type D | Color (Urethane Tube) (9)
[4 | 185 10 42 3 5
6 B 2 125 42 7.5 7
a1 lack
T e e
110 fwiwnite) - . . £
112 295 20 42 34 18 5.62 5.29
16 37 26.5 42 42 12.51 9.79
@ The specification of UNEBL has been changed. Orders acceptable until April, 2009.
SN Part Number 1 W/Fats | Thread Size | Efective Seci Mass | Unit Price
Type Nominal | FAT SB T G IS H M (Urethane Tube) | (g)
M5 145 I
| H 4 1 205 | 10 R/ 6
| =2 4 R/
M M5 185 5 [ 10 | wmsx08 43
m ([ PBT (Polybutylene Terephthalate) 6 ; 25| o 2:;2 I
HL-Connectors UJLCN 3 285 . :‘3//:
MJEFE 8 2 145 4 RI/4 20
3 295 7 R3/8
v Nl 1 7 RI/B %5
2 7 R1/4 78
@ — o 3 5 U5 7 R3/8 29 7.
4 5 R1/2
2 5 Ri/4 355
12 3 20 R3/8 3 6
4 R1/2 55 7.54
[(Botis) e Part Number | Body | A 5 = ¢ |Giskihis| Mass | _Unit Price
MBulkhead Unions MJBUL  Thread: C3604 (Brass) Type D | Color (Uretane Tube)|_ ()
MJBULS  Thread: SUS304 L4 185 | 30 10 14 21 4 -
H [ 6 | BBlack) |21 34 125 | 165 6.7 6 4.65
C UJLCN [8| 235 | 365 | 145 | 175 | 166 9 513
[ 10 | Wowhite) |57 415 | 175 20 247 14 6.26
12 20.5 445 20 215 34 18 6.90
®The of UNLCN has been changed. Orders acceptable until April, 2009.
Part Number | Body A |WiFais| Thread Size| C
p Type D | Color H | MxPitch |(max) | (UrethaneTube | (g)
4 33 | 14 M12X1 75 4 20 38.35 | 36.42
6 36 | 17 M14X1 95 3 40.43 .3
\ MJBUL [ | 5@k 739 [ 49 | wi6xi | 125 4 38.99 | 36.9
A MJBULS [ 10 | \yunite) | 445 | 23 | M20X1 [ 18 7 42.04 | 39.7¢
[RoHs | (@Ring: PBT (Polybutylene Terephthalate) 12 47 | 26 | M22X1 | 20.5 9 65.78 | 62.4
16 57.5 | 30 | M26X1.5 | 26 80 144 = e
. ® Bushing ring of MJBULSK is blue. (@ The specifications of MLBUL, MLBULS have been changed. Orders acceptable until April, 2009.
Fluid Al Water Order - - - (@For orders larger than indicated
Operating Temp. Range| —15-60°C |  5-40°C Eample  MJCNLG - 1 - B values, please request for quotation.
Max, Operating Pressure| 1MPa Hjﬁg’?? -0 - g
Operating Vacuum Level|  —100kPa ‘ -

(®Fit Soft Tube Insert (P.1666) into the tube for water service.

[ Goress T [SSE 420608 e o,
| Express A [S§3:21/piece, = -

®) Aflat charge of $88.66 for 3 or more identical pieces. (Except T)
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