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For features of Rubber Seal, see F° P.1001 [ Material: SUJ2 * The material of seal is NBR (Nitrile Rubber). ~Bearing Accuracy: JIS B 1514 Class 0
m For features of Rubber Seal, see 25~ P.1001 [} Material: SUJ2 * The material of seal is NBR (Nitrile Rubber). Bearing Accuracy: JIS B 1514 Class 0

For details on the tolerance and allowable values of inner and outer rings, 25" P2243

For details on the tolerance and allowable values of inner and outer rings, 25 P2243

Part Number Basic Load Rating i Relative Dimensions| pmass Unit Price - - — - —
Non-Contact| Contact d D B (mrin) Cr (Dynamic) N| Gor (Static) N rpm Ds dh R (@ |Non-Contact| Contact Part Number Basic Load Rating i Relative Dimensions Mass .
Sealed | Sealed " (Dynamic) | Cor (Static)N | Reference) | (min) | (max) | (max) |Reeene|  Sealed | _Sealed Non-Contact Contact | d | D1 B | min) |c:(omanict| Cor (St | mefvance) s o dh | R | Q) |UnitPrice
- B693DDU | . | 8 560 79 30000 | Lo | 68 083 - Sealed Sealed eference) | (min) | (max) | (max) | (max) |(Reference)
B623DDU 10 N 0.15 630 210 25000 ) 8.8 0.15 1.66 - B6800VV | B6800DDU 19 5 1.72 0.84 24000 12 17 5
B694DDU 11 960 2 AT 5.20 9.8 1.75 - B6900VV | B6900DDU 22 6 0.3 2.7 1.27 22000 12 12.5 20 0.3 9
- B604DDU | 4 [ 12 02 957 560 104 2.29 E B6000VV | B6000DDU| 10 | 26 | 8 4.55 1.96 22000 125 | 24 18
B624VV | B624DDU 13 |9 1300 485 20000 14 | gy | 304 B6200VV | B6200DDU 30 9 5.1 2.39 18000 16 26 32
- B695DDU 4ooaz | e 40000 | py | 114 i - B6300VV_| B6300DDU 35 | 11 | %% [ e 345 | 17000 165 | 31 | 6 [
- B605DDU | 5 14 1330 505 38000 124 348 - : E :
B625VV | B625DDU 6 | 5 [ 03 [ 130 670 32000 | 7.00 | 140 | 030 | 486 B6801VV_| B6801DDU 21 5 1.92 1.04 20000 | 14 14| 19 6
B696VV | B696DDU 15 02 1350 530 36000 760 | 134 | 020 | 372 B6901VV_| B6901DDU 24 6 0.3 2.89 1.46 20000 14.5 22 0.3 10
- B606DDU 6 17 2260 835 34000 8.00 15.0 6.08 - B6001VV | B6001DDU | 12 28 8 5.1 2.37 18000 15.5 26 22
B626VV B626DDU 19 6 2340 885 30000 ) 17.0 7.94 B6201VV | B6201DDU 32 10 0.6 6.1 2.75 17000 16 17 28 0.6 37
ggggw ggggggg 8 ;g 7 " ;ggg 1%46050 17000 10.00 ;(718 0% 7i128 BE301VV_| B6301DDU oy 1 L -l s ety i L L &
: : B6802VV | B6802DDU 24 5) 2.07 1.26 17 22 7
B628VV__| B628DDU 24 8 4000 1590 14000 220 17 AT 56902V | B6902DDU = - e e : 17000 17 - e s e
B6002VV | B6002DDU | 15 32 9 5.6 2.83 15000 19 30 31
@omerina B6202VV_| B6202DDU 35 | 11 | 06 | 765 36 14000 | 19 | 205 | 81 | 06 | 45
Example  B624DDU B6302VV | B6302DDU 42 13 1 11.4 5.45 13000 20 22.5 37 1 83
B6803VV | B6803DDU 26 5 2.63 1.57 15000 19 24 7
B6903VV | B6903DDU 30 7 0.3 4.6 2.55 19 19.5 28 0.3 19
B6003VV | B6003DDU | 17 35 10 6 3.25 13000 215 33 41
o . o B6203VV | B6203DDU 40 12 0.6 9.55 4.6 12000 21 23.5 36 0.6 67
.g':'::zzstt;e:eztfmwe BallBearings | - Contact Sealed pilio oy B6303VV_| B6303DDU 47 | 14 | 1 136 6.65 | 11000 255 | 42 | 1 | 113
sB6[ ][ ][ /DDU r R B6804VV | B6804DDU 32 7 03 4 2.47 13000 22 22 30 03 17
. @Oﬂ L B6904VV | B6904DDU 37 9 : 6.4 3.7 12000 24 35 ’ B8
r R B6004VV | B6004DDU | 20 42 12 0.6 9.4 5 11000 24 25.5 38 0.6 68
- o B6204VV | B6204DDU 47 14 1 12.8 6.6 25 26.5 42 1 107
o e i = = B6304VV | B6304DDU 52 15 1.1 15.9 7.9 26.5 28 45.5 145
B6805VV | B6805DDU 37 7 03 45 3.15 10000 27 27 35 03 21
m — B6905VV | B6905DDU 42 9 ’ 7.05 4.55 28.5 40 ’ 42
— B6005VV | B6005DDU | 25 47 12 0.6 10.1 5.85 9500 29 30 43 0.6 79
_B_| B6205VV | B6205DDU 52 15 1 14 7.85 9000 30 32 47 1 129
) _ . ) ) ) B6305VV | B6305DDU 62 17 1.1 20.6 11.2 8000 31.5 36 55.5 235
For features of Rubber Seal, see GE° P.1001 [) Material: SUS440C Equivalent * The material of seal is NBR (Nitrile Rubber).  Bearing Accuracy: JIS B 1514 Class 0 B6806VV | B6806DDU 42 7 - 47 3.65 9000 . 32 40 08 24
For details on the tolerance and allowable values of inner and outer rings, & P2243 B6906VV | B6906DDU 30 47 9 . 7.25 5 8500 34 45 - 52
. Basic Load Rating X Relative Dimensions Mass B6006VV | B6006DDU 55 13 1 13.2 8.3 8000 35 36.5 50 1 116
Part Number d D B r . . rom Ds dh R Unit Price B6206VV | B6206DDU 62 16 19.5 11.3 38.5 57 199
(min) | Cr (Dynamic) kN | Co (Static) kN (Refer:ence) (min) | (max) | (max) | (max) (Rd(e?e)nce) B6907VV_| B6907DDU 55 | 10 | 06 10.6 7.25 i 39 39 51 | 06 75
SB6000DDU 10 26 8 0.3 3.9 1.58 22000 12 13 24 0.3 18 B6007VV | B6007DDU 35 62 14 1 16 10.3 6700 40 41.5 57 1 151
SB6200DDU 30 9 0.6 435 1.91 18000 e 16 26 0.6 32 B6207VV | B6207DDU 72 17 1.1 25.7 15.3 6300 415 | 445 | 655 284
ggggg} ggg 12 gg 180 82 45-3;35 ;ig 13838 = 1 15%5 gg gg g? B6307VV_| B6307DDU 80 21 1.5 335 19.2 6000 43 47 72 1.5 464
T e i I .
SB6202DDU 35 11 0.6 6.5 2.98 14000 205 31 06 45 ! = = 1
SE6003DDU - = 0 0 o o 000 ® | o 7 B6208VV_| B6208DDU 80 | 18 | 1. 29.1 17.9 5600 | 465 | 505 | 735 366
SB6203DDU 40 12 06 8.15 3.85 12000 21 235 36 08 67 B6909VV | B6909DDU 68 12 0.6 1441 10.9 49 50 64 0.6 126
SB6004DDU - 42 7.95 4 11000 24 255 38 68 B6009VV | B6009DDU | 45 75 16 1 20.9 15.2 50 53.5 70 1 241
SB6204DDU 47 14 1 109 5.25 11000 25 265 42 1 107 B6209VV | B6209DDU 85 19 1.1 31.5 20.4 5300 51.5 55.5 78.5 420
SB6005SDDU 25 12 0.6 8.55 4.65 9500 29 30 43 06 %) B6910VV | B6910DDU 72 12 [ 06 14.5 11.7 54 55 68 | 06 135
SB6205DDU 52 i Ifkf) ) 2000 S0 B il 23 B6010VV | B6010DDU | 50 | 80 | 16 1 21.8 16.6 55 | 585 | 75 261
SBE00GDDU_ | 4 L %5 | 18 | 1. 66 8000 | 45 | 305 | % 116 B6210VV_| B6210DDU 90 | 20 | 1 35 232 | 0 565 [ 60 835 | [ 459
SB6206DDU - 16 16.5 9.05 7500 385 - 199 : : : :
SB6007DDU - 14 136 8.2 6700 40 415 1 151 (®)kgi=Nx0.101972
SB6207DDU 72 17 11 218 122 6300 415 445 65.5 284 % Ordering | Part Number
SB6008DDU @ 68 15 1 14.2 9.25 6000 45 475 63 190
SB6208DDU 80 18 1.1 228 143 5600 465 505 735 366 Example B6002VV

(®kgf=Nx0.101972 B6902DDU

Ordering | Part Number

Example  SB5004DDU
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