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Air Couplers - Plugs / Sockets Air Couplers - Plugs / Sockets

Branch Type

Lightweight
For combination of plugs and sockets, refer to P1414. For combination of plugs and sockets, refer to P1414.
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(L) \C c Features
L) Allows branching from one pipe into multiple pipes.
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C I { Features
~ Allows branching from one pipe into multiple pipes.
[(8) Dl +360° turn port.
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[RoHS 10} [ Material: Brass (Nickel Plating) [ Material: Brass (Nickel Plating) Example 9 Ordering | Part Number
Example  MCRN4
Part Number Mass |Unit Price| Part Numb Wrench |Mass [Unit Price | Voune Discount Rae MCLTR2
Type [No.| @ B @ [1-19pcls)| 20-50 Type  [No.| ™ | A | P | 9 |FlatsH| (o) [1-19pcs.| 20-50
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- Drain Cock
Ordering @ Specifications
Example  KscPM10
Seal Material \OperaﬁngTemperatureRar\ge\AEpIicabIeFIuid\Max.Operating Pressure MPa (kgf/cm?)| Pressure Resi MPa (kgf/cm?)
Nitrile Rubber (NBR)|  -20°C~80°C | Air | 1.0(10) | 1.5(15)

(®Single Passage Opening Closing System (Valve is provided on the socket side.)
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